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for combination RCD/MCBs with RCD 4-pole
3-phases 4+5 0.138
3-phases 4+8 0.188

EVG-3PHAS/N/5MODUL/LS 215659 20 / 200
EVG-3PHAS/N/8MODUL/LS 215660 20 / 200

for applications with Auxiliary Switch
1-phase 2.5 0.025
1-phase 13 0.096
2-phases 4.5 0.053
2-phases 12 0.160
3-phases 6.5 0.100
3-phases 13.5 0.200

EVG-1PHAS/2MODUL/HI 215655 40 / 200
EVG-1PHAS/9MODUL/HI 215656 40
EVG-2PHAS/4MODUL/HI 219573 20 / 400
EVG-2PHAS/10MODUL/HI 215657 20
EVG-3PHAS/6MODUL/HI 216411 20 / 200
EVG-3PHAS/12MODUL/HI 215658 20

Wa_sg01602

for 2-pole Combined RCD/MCB Device with a width of 3MU
1-phase 2-5 0.045 EVG-1PHAS/N/2-5MODUL/FILS 285384 40 / 800

Phases MU Cu-factor Type Designation Article No. Units per package

Euro-Vario-Busbar (Fork) EVG
for PLS., CLS., PKN., PFIM, PFHM, PFNM
• No end caps necessary
• Do not cut!

• Rated current 63 A

Wa_sg02902

10 mm2

1-phase 2 0.015
1-phase 6 0.039
1-phase 12 0.075
2-phases 4 0.051
2-phases 6 0.079
2-phases 12 0.150
3-phases 6 0.086
3-phases 9 0.128
3-phases 12 0.168
3-phases 16 0.230
3-phases 20 0.310
4-phases 16 0.320
4-phases 18 0.350
4-phases 8 0.219
4-phases 12 0.324

EVG-1PHAS/2MODUL 215646 40 / 800
EVG-1PHAS/6MODUL 215638 40 / 800
EVG-1PHAS/12MODUL 215637 40 / 400
EVG-2PHAS/4MODUL 268220 20 / 400
EVG-2PHAS/6MODUL 215642 20 / 400
EVG-2PHAS/12MODUL 215641 20 / 200
EVG-3PHAS/6MODUL 215640 20 / 400
EVG-3PHAS/9MODUL 215645 20 / 200
EVG-3PHAS/12MODUL 215639 20 / 200
EVG-3PHAS/16MODUL 285381 20
EVG-3PHAS/20MODUL 285383 20 / 180
EVG-3P+3N/16MODUL 105215 20
EVG-3P+3N/18MODUL 274161 20
EVG-4PHAS/8MODUL 215644 10 / 100
EVG-4PHAS/12MODUL 215643 10 / 100

1-phase 2 0.023
1-phase 6 0.059
1-phase 12 0.113
2-phases 4 0.080
2-phases 6 0.120
2-phases 12 0.225
3-phases 6 0.112
3-phases 9 0.163
3-phases 12 0.218
3-phases 16 0.300
3-phases 20 0.363
4-phases 8 0.200
4-phases 12 0.284

EVG-16/1PHAS/2MODUL 291464 40 / 800
EVG-16/1PHAS/6MODUL 291465 40 / 800
EVG-16/1PHAS/12MODUL 291466 40 / 400
EVG-16/2PHAS/4MODUL 291467 20 / 400
EVG-16/2PHAS/6MODUL 291468 20 / 400
EVG-16/2PHAS/12MODUL 291469 20 / 200
EVG-16/3PHAS/6MODUL 291470 20 / 400
EVG-16/3PHAS/9MODUL 291471 20 / 200
EVG-16/3PHAS/12MODUL 291472 20 / 200
EVG-16/3PHAS/16MODUL 291473 20 / 80
EVG-16/3PHAS/20MODUL 291474 10 / 100
EVG-16/4PHAS/8MODUL 291475 10 / 100
EVG-16/4PHAS/12MODUL 291476 10 / 100

for combination RCD/MCBs with RCD 4-pole
3-phases 4+5 0.179
3-phases 4+8 0.244

EVG-16/3PHAS/N/5MODUL/LS 291477 20 / 200
EVG-16/3PHAS/N/8MODUL/LS 291478 20 / 200

• Rated current 80 A

16 mm2

WA_SG02902

for 2-pole Combined RCD/MCB Device with a width of 3MU
4-phases 18 0.260
4-phases 24 0.360

EVG-16/4PHAS/L-N-X/6PC 116880 10
EVG-16/4PHAS/L-N-X/8PC 116881 10
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for applications with Auxiliary Switch

1-phase 2.5 0.038
1-phase 8.5 0.105
1-phase 13 0.162
2-phases 4.5 0.080
2-phases 7 0.120
2-phases 12 0.200
3-phases 6.5 0.130
3-phases 13.5 0.260
3x1-phase 8.5 0.231
3x1-phase 11.5 0.300
3x1-phase 13 0.344

EVG-16/1PHAS/2MODUL/HI 291479 40 / 800
EVG-16/1PHAS/6MODUL/HI 291480 40 / 400
EVG-16/1PHAS/9MODUL/HI 291481 40 / 160
EVG-16/2PHAS/4MODUL/HI 291482 20 / 400
EVG-16/2PHAS/6MODUL/HI 291483 20 / 200
EVG-16/2PHAS/10MODUL/HI 291484 20 / 200
EVG-16/3PHAS/6MODUL/HI 291485 20 / 200
EVG-16/3PHAS/12MODUL/HI 291486 20 / 80
EVG-16/3x1PHAS/6MODUL/HI 291487 20 / 200
EVG-16/3x1PHAS/8MODUL/HI 291488 20 / 200
EVG-16/3x1PHAS/9MODUL/HI 291489 20 / 80

WA_SG01602

Phases MU Cu-factor Type Designation Article No. Units per package
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Devices to busbar Pieces of the devices Type

Description of the Euro-Vario-Busbar (Fork) EVG

1-phase

2-phases

3-phases

4-phases

For 2-pole Combined RCD/MCB Device, 1-phase

For combination RCD/MCBs with RCD 4-pole, 3-phases

1-phase + Auxiliary Switch

2-phases + Auxiliary Switch

3-phases + Auxiliary Switch

For 2-pole Combined RCD/MCB Device, 4-phases
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